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Description 

 For inserts and modules of the rectangular connectors 

 For use in the accuhydraulic Clinchtool 

Klauke Type EK 60/22-L 

 

 

 

 

Technical Data 

Contact resistance: < 1 mOhm 
  
Contacts:  Copper alloy, hard silver-plated 
 
Cycle of mechanical operation: 500 

 

 

Article- 

Number 
Article Inserts Version  

Cross-

section(mm
2
) 

Cross-section 

ratio 
Surface 

Contacts 

44424019* Modular SCEM AG 16 

D=3.6 

Crimping contacts for 

HHC2 modules 

Male  16 1 Ag 

44424022* Modular BCEM AG 16 

D=6.0 

Crimping contacts for 

HHC2 modules 

Female 

 

16 1 Ag 

44424020* Modular SCEM AG 25 

D=6.0 

Crimping contacts for 

HHC2 modules 

Male  25 2 Ag 

44424023* Modular BCEM AG 25 

D=6.0 

Crimping contacts for 

HHC2 modules 

Female 

 

25 2 Ag 

44424021* Modular SCEM AG 35 

D=6.0 

Crimping contacts for 

HHC2 modules 

Male  35 3 Ag 

44424024* Modular BCEM AG 35 

D=6.0 

Crimping contacts for 

HHC2 modules 

Female 

 

35 3 Ag 

Crimping die for contacts of HHC2 modules 

44424025* TOOL DIE 

D=6.0/16  mm² 

Crimping dies  16   

44424026* TOOL DIE 

D=6.0/25  mm² 

Crimping dies  25   

44424027* TOOL DIE 

D=6.0/35  mm² 

Crimping dies  35   

 

  

Crimping die 
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Technical Drawing 

                              

 

 

 

           

 

   

                                                                                                                
 

 

 
 

Remark 

Photographs are not to scale and do not represent detailed images of the respective products. 

   * Trade product, no Lapp product 


