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The SILVYN
®

 HIPROJACKET AMG M is a metric gland made of nickel plated brass. 

The gland is suitable for SILVYN
®

 HIPROJACKET and can be used in glass factories, 

metal foundries and the ceramic industry. 

 

Material: Body – Nickel plated brass 

 Nut – Nickel plated brass 

 Clamping ring – Nickel plated brass 

 Sleeve – Nickel plated brass 

 O-ring – NBR  

 Tulle – PA6 

 

Features: High mechanical stress 

 Corrosion resistant 

   

Temperature range: -45°C up to +105 °C 

 Without O-Ring and tulle, the temperature can be increased 

 

Protection class: IP 54 

 IP 67 – by an additional use of SILVYN
®

 HIPROSILTAPE 

 

Suitable conduit: SILVYN
® 

HIPROJACKET 

 

Dimension table: 
Part No. Part name Size Nominal 

size 

Length  

mm 

Thread 

length 

mm 

Inner 

Ø  

mm 

SW 

1 

SW2 

SILVYN
®
 HIPROJACKET AMG M 

5550 3516 SILVYN
®

 HIPROJACKET AMG M M 16x1,5 13 35 12 10,2 26 24 

5550 3517 SILVYN
®

 HIPROJACKET AMG M M 20x1,5 16 37 13 13,9 29 27 

5550 3518 SILVYN
®

 HIPROJACKET AMG M M 25x1,5 22 40 15 18,5 35 33 

5550 3519 SILVYN
®

 HIPROJACKET AMG M M 32x1,5 25 46 15 23,8 45 43 

5550 3520 SILVYN
®

 HIPROJACKET AMG M M 40x1,5 35 52 16 31,8 54 52 

5550 3521 SILVYN
®

 HIPROJACKET AMG M M 50x1,5 38 56 18 36,8 63 60 

5550 3522 SILVYN
®

 HIPROJACKET AMG M M 63x1,5 51 66 20 47,8 77 74 

SILVYN
®
 HIPROJACKET AMG 45° M 

5550 3523 SILVYN
®

 HIPROJACKET AMG 45° M M 16x1,5 10 56 12 10,2 26 22 

5550 3524 SILVYN
®

 HIPROJACKET AMG 45° M M 20x1,5 13 58 13 13,9 29 27 

5550 3525 SILVYN
®

 HIPROJACKET AMG 45° M M 25x1,5 19 66 15 18,5 35 33 

5550 3526 SILVYN
®

 HIPROJACKET AMG 45° M M 32x1,5 25 80 15 23,8 45 42 

5550 3527 SILVYN
®

 HIPROJACKET AMG 45° M M 40x1,5 32 93 16 31,8 54 51 

5550 3528 SILVYN
®

 HIPROJACKET AMG 45° M M 50x1,5 38 104 18 36,8 63 60 

5550 3529 SILVYN
®

 HIPROJACKET AMG 45° M M 63x1,5 51 124 20 47,8 77 74 

SILVYN
®
 HIPROJACKET AMG 90° M 

5550 3530 SILVYN
®

 HIPROJACKET AMG 90° M M 16x1,5 10 45 12 10,2 26 22 

5550 3531 SILVYN
®

 HIPROJACKET AMG 90° M M 20x1,5 13 50,5 13 13,9 29 27 

5550 3532 SILVYN
®

 HIPROJACKET AMG 90° M M 25x1,5 19 60,5 15 18,5 35 33 

5550 3533 SILVYN
®

 HIPROJACKET AMG 90° M M 32x1,5 25 70,5 15 23,8 45 42 

5550 3534 SILVYN
®

 HIPROJACKET AMG 90° M M 40x1,5 32 84 16 31,8 54 51 

5550 3535 SILVYN
®

 HIPROJACKET AMG 90° M M 50x1,5 38 94,5 18 36,8 63 60 

5550 3536 SILVYN
®

 HIPROJACKET AMG 90° M M 63x1,5 51 112,5 20 47,8 77 74 

 

 

For more information please see our current catalogue. Please do not hesitate to contact our laboratory if there are any 

questions regarding resistance against aggressive agents and special oil. 

 


