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Description 

 
 Hirose TM21 RJ45 plug STP 

 
 Channel class E up to 250 MHz (Cat.6) 

 

 For stranded wire (AWG 24/7, AWG 26/7, AWG 27/7) 

 

 Confirm to RoHS 
 

 

General characteristics 

Temperature range (operation + storage) -25 °C to 60 °C (-13 °F to 140 °F) 

 

Mechanical characteristics 

Mating cycles (min.) 750 

Conductor coating Ca. 0.9 – 1.0 mm 

Cable sheath diameter (max.) 6.6 mm 

 

Electrical characteristics 

Rated voltage 125 V AC 

Rated current 1 A 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

Note 

Photographs are not to scale and do not represent detailed images of the respective products. 


