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New economical enclosure only in ABS in different sizes with mounting panel included and draws latch and hinges. 

 

 Enclosure with plastic draw latch and hinges 

 Plastic mounting panel (price included) 

 gray cover 

 Clip hinges instead of distance bolt for PCB 

 Screw dimensions for the mounting panel 3,5 mm 
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Component parts: 
 

Enclosure ABS 

 

Cover ABS 

 

Mounting panel ABS 
 

 

Technical features: 
 

Colour grey / RAL 7035 
 

Cover grey 
 

IP protection IP 67 

  

Shock resistance IK 08  

 

Temperature range -40°C up to +85°C  

 
 

Approval:  
 
 
 File Nr. E178096 

 

Norm references: 
 
 
 
 
 
For more information please see our current catalogue.  
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Größe 
H1 

[mm] 

H2 

[mm] 

H3 

[mm] 

H4 

[mm] 

W1 

[mm] 

W2 

[mm] 

W3 

[mm] 

W4 

[mm] 

D1 

[mm] 

D2 

[mm] 

D3 

[mm] 

Art. 

Nummer  

150 x 150 x 90 156 134 122 111,5 150 134 122 111,5 90 20 70 53110130 

150 x 200 x 100 216 190,5 178 160 161,5 141 128 110 100 25 75 53110131 

180 x 180 x 150 203 177,5 163,5 144,5 196 177,5 163,5 144,5 145 25 120 53110132 

200 x 300 x 160 309 280 256 225 203 178 154 127,5 162,5 30,5 132 53110133 

300 x 400 x 160 404 374 353 325 300 274 252 230 160 30 130 53110134 

400 x 500 x 160 504 474 454 429 400 374 354 329 160 30 130 53110135 


