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Description 

 For inserts and modules of the EPIC® rectangular connectors 

 
 

 

 

Article- Number Article Version  Surface  For cable type 

Solder termination 

44429018 EPIC® MC SLEM 50Ohm  RG58CU 
Male  Au  

RG 58 CU 

44429017 EPIC® MC BLEM 50Ohm  RG58CU 
Female 

 

Au  
RG 58 CU 

44429020 EPIC® MC SLEM 75Ohm RG180BU 
Male  Au  

RG 180 BU 

44429019 EPIC® MC BLEM 75Ohm RG180BU 
Female 

 

Au  
RG 180 BU 

44429022 EPIC® MC SLEM 75Ohm RG187AU 
Male  Au  

RG 187 AU 

44429021 EPIC® MC BLEM 75Ohm RG187AU 
Female 

 

Au  
RG 187 AU 

Solder/crimp termination 

11214200 MC SLEM KOAX KONTAKTSTIFT 
Male  Au  

RG 58 

11219200 
MC BLEM KOAX 

KONTAKTBUCHSE 

Female 

 

Au  
RG 58 
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Technical Drawing 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

                            

Info 

New: 75 ohm contacts 

 

Product features 

Solder termination: the inner conductor and the outer sleeve of the COAX cable are terminated by soldering 

 

Remark 

Photographs are not to scale and do not represent detailed images of the respective products. 

 


