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Description 

 Contacts, tools, accessories for circular connectors M23 D-Sub, 

MC 20 and MH Gigabit 

 Fitting Crimp tool: 11148004 

 Fitting locator: 11148302 

 

 

 

 

 

Article- Number Article Description Version For design 

1 mm contacts female 

44423356 EPIC
®

 SIGNAL D-SUB BCM 1MM 1 mm female 0,25 - 

1,0mm² 

M23 D-Sub, MC 20, MH 

Gigabit 

1 mm contacts male 

44423357 EPIC
®

 SIGNAL D-SUB SCM 1MM 1 mm male  0,25 - 

1,0mm² 

M23 D-Sub, MC 20, MH 

Gigabit 

 

 

Materials and surface 

Base material Copper alloy 

Surface Gold 

 

Crimp settings 

 

Kontakttype 
Cable cross section 

[mm²] 

Crimptool setting 

(Art.Nr. 11148004) 

Locator position 

(Art.Nr. 11148302) 

Male 

0,25 mm² 1,00 

4 

0,34 mm² 1,05 

0,50 mm² 1,10 

0,75 mm² 1,15 

1,0 mm² 1,20 

Female 

0,25 mm² 1,00 

3 

0,34 mm² 1,05 

0,50 mm² 1,10 

0,75 mm² 1,15 

1,0 mm² 1,20 

 

 
Remark 

Photographs are not to scale and do not represent detailed images of the respective products. 


