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Wire end sleeves for crimping and protecting multi-core cables. 

 

 

Material: 
Body E-Cu tinned / Polypropylene 

 

Technical features: 

Conductor cross section 0,5mm² up to 2,5mm² 

Temperature range +105°C 

 

Colour: Orange 

 White 

 Grey 

 Blue 

 Red 

 Yellow 

 Black 

 

Approval:    E485383 

 

Reference Standard: DIN 46228 T4 

 

Drawing:  

 
Dimension table:  

Part No. 

Cross 

section 

mm² 

Color 

Dimension 

mm 
VPE 

Stk. 
l1 l2 d1 d2 R 

61802052 0,5 White 14,5 8 1,1 2,6 3,5 3000 

61802053 0,5 Orange 14,5 8 1,1 2,6 3,5 3000 

61802054 0,75 Grey 14,5 8 1,3 2,7 3,6 3000 

61802055 0,75 White 14,5 8 1,3 2,7 3,6 3000 

61802056 1 Red 14,5 8 1,5 3 3,9 3000 

61802057 1 Yellow 14,5 8 1,5 3 3,9 3000 

61802058 1,5 Black 14,5 8 1,8 3,2 4,2 2500 

61802059 1,5 Red 14,5 8 1,8 3,2 4,2 2500 

61802060 2,5 Blue 14,5 8 2,3 4,1 5 1500 

 

Commodity product, not a Lapp product. 

For more information please see our current catalogue. Please do not hesitate to contact our laboratory if there are any 

questions regarding resistance against aggressive agents and special oil. 

 


